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EnzChek® Direct Phospholipase C Assay Kit
Phosphatidylcholine-specific 
Catalog nos. E10215, E10216

Introduction

The EnzChek® Direct Phospholipase C Assay Kit provides a simple and robust method for 
monitoring phosphatidylcholine-specific phospholipase C (PC-PLC) activity. The PC-PLC 
enzyme plays a crucial role in many cell signaling pathways involved in apoptosis and cell 
survival, as well as diseases ranging from cancer to HIV.1-7 The assay uses a proprietary 
substrate (glycero-phosphoethanolamine with a dye-labeled sn-2 acyl chain) to detect 
PC-PLC activity. Substrate cleavage by PC-PLC releases the dye-labeled diacylglycerol, 
which produces a positive fluorescence signal that can be measured continuously using 
a fluorescence microplate reader. The reaction product has fluorescence excitation and 
emission maxima of 509 nm and 516 nm, respectively (Figure 1). The assay has been 

Table 1. Contents and storage information.

Material E10215
(2-plates)

E10216
(10-plates) Concentration Storage* Stability

Phospholipase C substrate (Component A) 2 vials 10 vials
NA

≤–20°C•	
Desiccate•	
Protect from light•	

When stored 
as directed, 
the product 
is stable for at 
least 1 year.

Dimethylsulfoxide (DMSO) (Component B) 200 μL 1 mL Desiccate

5X Phospholipase C reaction buffer 
(Component C)

12 mL 60 mL
250 mM Tris-HCl, 
pH 7.4, 0.7 M NaCl, 
10 mM CaCl2

≤6°C*•	
Desiccate•	

Phosphatidylcholine (lecithin) (Component D) 100 µL 500 µL 100 mM in ethanol ≤–20°C

Phospholipase C from Bacillus cereus, 
phosphatidylcholine-specific (PC-PLC) 
(Component E)

8 Units 40 Units NA
≤–20°C•	
Desiccate•	

*For short-term storage (1–2 weeks), the buffer (Component C) may be stored at room temperature; however, for long-term storage we 
recommend storage at ≤6°C to prevent microbial contamination. NA = not applicable.

Number of assays: For Cat. no. E10215, sufficient material is supplied for 200 reactions in 96-well microplates at a volume of 200 µL per 
well as described in the protocol below, or 2,000 reactions using low-volume 384-well microplates at a volume of 20 µL per well.
For Cat. no. E10216, sufficient material is supplied for 1,000 reactions in 96-well microplates at 200 µL per well as described in the 
protocol below, or 10,000 reactions using low-volume 384-well microplates at a volume of 20 µL per well. 

Approximate fluorescence excitation/emission maxima: 509/516 in nm.
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optimized using purified PC-PLC from Bacillus cereus. The assay may be amenable for use 
with cells and cell lysates, although the presence of phospholipase A2 and/or D enzymes 
can potentially result in signal enhancement. Using purified enzyme from Bacillus cereus, 
the assay can detect as little as 10 mU/mL PC-PLC after one hour incubation at room 
temperature (Figure 2). The kit is useful for characterizing PC-PLC inhibition (Figure 3), 
and since it offers a direct measurement, the potential for false positives in a compound 
screen is eliminated.   

Figure 1. Normalized excitation and emission spectra for PLC substrate after reaction with PC-PLC.  Samples were incubated 
in the presence of 2 U/mL PC-PLC from B. cereus for approximately 60 minutes at room temperature.

Figure 3.  IC50 determination for D609, a known competitive PC-PLC inhibitor8-11 with a Ki of 6.4 μM12, using the EnzChek® 
Direct PLC Assay Kit. Triplicate samples of D609 were titrated in the presence of 1X PLC substrate, 200 µM lecithin and, 
100 mU/mL PC-PLC in 1X PLC reaction buffer.  Reactions were incubated for 60 minutes at room temperature and 
fluorescence was measured at Ex/Em 490/520 nm using a fluorescent microplate reader.

Figure 2. Detection of PC-PLC using the EnzChek® Direct PLC Assay Kit. Triplicate samples from B. cereus were assayed at 
concentration of 7.8 mU/mL to 500 mU/mL per well in the presence of 1X PLC substrate and 200 µM lecithin in 1X PLC 
reaction buffer. Reactions were incubated at room temperature for 60 minutes and fluorescence was measured at Ex/Em 
490/520 nm. The inset represents a separate experiment and illustrates the linearity of fluorescence response at low levels 
of PC-PLC. The average variation of replicates (CV) was less than 3%. Background fluorescence has been subtracted.
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Before You Begin

Materials Required but Not 
Provided Samples•	

Deionized water•	
Plastic vials for reagent preparation•	
Microplates, 96-well or 384-well•	

General Guidelines The kit is useful for detecting PC-PLC activity in samples or screening PC-PLC inhibitors.•	
The assay protocol below is optimized for use with 96-well microplates using a 200 μL •	
reaction volume per assay. For 384-well plates, adjust the reaction volumes accordingly to 
20 μL per assay (recommended).  
The assay protocol is designed for use with a fluorescence microplate reader. A •	
SpectraMax M5 (Molecular Devices) was used throughout the development of this kit.  
The assay performs best using black/clear-bottom microplates, although various types of •	
microplates have been tested with the assay, including 96-well clear and 96-well black/
clear bottom, standard 384-well black/clear bottom, and low-volume 384-well white, using 
top and bottom read modes, where applicable. All plates produce similar results, although 
sensitivity and dynamic range may be affected (Figure 4). 
Allow the kit components to equilibrate to room temperature before use.  •	
Use the included PLC reaction buffer for optimal performance.•	

Figure 4. Sensitivity and dynamic range of the EnzChek® Direct PLC Assay Kit using low-volume 384-well white microplates. 
Triplicate PC-PLC samples from B. cereus  were assayed at concentrations of 31.25 mU/mL to 2,000 mU/mL per well in the 
presence of 1X PLC substrate and 200 μM lecithin in 1X reaction buffer. Reactions were incubated at room temperature 
for 60 minutes and fluorescence was measured at Ex/Em 490/520 nm. The average variation of replicates (CV) was less 
than 5%.  Background fluorescence has been subtracted.
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Preparing Solutions

 1.1 Dilute the 5X PLC reaction buffer (Component C) 5-fold with deionized water.  

  For example, add 5 mL 5X PLC reaction buffer to 20 mL deionized water. This volume of 1X 
PLC reaction buffer is sufficient for 100 assays of 200 μL each, with a 5 mL excess for making 
stock solutions and dilutions. 

 1.2 Prepare a 200X stock solution of PLC substrate (Component A). Add 100 μL DMSO 
(Component B) to one vial of PLC substrate. This volume is sufficient for 100 assays of 200 μL 
each. Store any remaining stock solution at room temperature, protected from light.

  Note: Substrate stock solution in DMSO appears yellow-orange. If no color is visible, the 
substrate is too dilute.

 1.3 Prepare a 40 U/mL stock solution of purified PC-PLC from Bacillus cereus (Component E) as 
follows:

  For 2-plate kit (Cat. no. E10215), dissolve the contents of Component E in 200 μL of 1X PLC 
reaction buffer (prepared in step 1.1).

  For 10-plate kit (Cat. no. E10216) dissolve the contents of Component E in 1 mL of 1X PLC 
reaction buffer (prepared in step 1.1).   

  After use, aliquot the remaining solution into small aliquots and store at ≤–20°C. Sufficient 
enzyme is included to prepare 80 (Cat. no. E10215) or 400 (Cat. no. E10216) positive control 
samples at 500 mU/mL in an assay volume of 200 μL. You can use other sources of PC-PLC as 
a positive control, but the sensitivity and dynamic range of the assay may be affected. 

Experimental Protocol 

Perform the standard assay protocol below using a total volume of 200 μL per well. Mix the 
samples and controls with the substrate working solution at a ratio of 1:1 (100 μL sample/
control + 100 μL substrate), such that the concentration of each component is two-fold lower 
in the final reaction volume. You may use other volumes if you maintain the ratio of samples/
controls to substrate at 1:1. 

Assay Protocol 

 2.1 Prepare a 1 U/mL PC-PLC positive control by diluting the 40 U/mL stock solution (prepared 
in step 1.3) 40-fold in 1X PLC reaction buffer. 

  For example, add 25 μL of 40 U/mL PC-PLC positive control stock solution to 0.975 mL 
1X PLC reaction buffer. 

 2.2 Prepare a serial dilution of PC-PLC directly in the wells of a microplate to obtain an 8-point 
standard curve of PC-PLC concentrations of 0–1 U/mL, each in a volume of 100 μL. Final 
PC-PLC concentration is two-fold lower (0–0.5 U/mL).

  For example, aliquot 200 μL 1 U/mL PC-PLC positive control in 1X PLC reaction buffer to 
well A1 of the microplate. Aliquot 100 μL of 1X PLC reaction buffer to the remaining wells 
of column A and prepare 2-fold serial dilutions down the plate by removing 100 μL PC-PLC 
from the top well (A1), adding this to the well below (B1), mixing and repeating. Leave the 
last well (H1) as a buffer-only negative control, and discard 100 μL from the previous well so 
that each well contains 100 μL of PC-PLC solution.  
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 2.3 Dilute your PC-PLC containing samples appropriately in 1X PLC reaction buffer and aliquot 
100 μL samples appropriately in the plate containing positive control.

 2.4 Prepare a working solution of PLC substrate by adding 40 μL lecithin (Component D) and 
100 μL of PLC substrate stock solution (prepared in step 1.2) to 9.86 mL 1X PLC reaction 
buffer. Mix well. Note that this solution may appear milky due to the presence of lecithin.

 2.5 Add 100 µL substrate working solution (from step 2.4) to the wells containing PC-PLC 
samples and controls. Mix well. 

 2.6 Cover the microplate and incubate for 30 minutes or longer (up to overnight) at room 
temperature, protected from light. Because the assay is continuous (not terminated), you 
can measure fluorescence at multiple time points to follow the reaction kinetics, if desired.

 2.7 Measure the fluorescence in a microplate reader. Wavelength settings of 490/520 nm also 
work well in the assay.  

 2.8 Use a standard curve to determine the sample (unknown) PC-PLC concentrations by plotting 
the enzyme concentration for the positive controls against fluorescence and fitting a line to 
the data points. 

Inhibitor Screening For screening PC-PLC inhibitors, select the concentration of enzyme which yields a signal 
increase at least 20% of maximal.  

For IC50 determinations, prepare serial dilutions of the inhibitor(s) of interest and include the 
selected amount of PC-PLC in the substrate working solution at 2X the final concentration.  
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Troubleshooting

Problem Cause Solution

No response from 
the control enzyme

Low substrate concentration or 
substrate is contaminated

Substrate stock solution in DMSO appears yellow-orange. If no color 
is visible, the substrate is too dilute. If color is visible, but there is no 
response, the substrate is contaminated. Repeat experiment with fresh 
substrate.

No response from 
samples

PC-PLC absent, inactivated, or 
is present in low quantities

Increase incubation time or enzyme amount. If no signal, repeat the 
experiment with a fresh vial of substrate.

Response not in 
the linear range

PC-PLC in the sample is highly 
active or sample contains 
PLA2, or PLD enzyme, or both

Dilute sample until response falls within linear range of the standard 
curve. Ensure samples are free from phospholipase A2 (PLA2) or 
phospholipase D (PLD) enzymes. 
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Contact Information

Molecular Probes, Inc. 
29851 Willow Creek Road 
Eugene, OR 97402 
Phone: (541) 465-8300 
Fax: (541) 335-0504

Customer Service:  
6:00 am to 4:30 pm (Pacific Time) 
Phone: (541) 335-0338 
Fax: (541) 335-0305 
probesorder@invitrogen.com

Toll-Free Ordering for USA: 
Order Phone: (800) 438-2209 
Order Fax: (800) 438-0228

Technical Service: 
8:00 am to 4:00 pm (Pacific Time) 
Phone: (541) 335-0353 
Toll-Free (800) 438-2209 
Fax: (541) 335-0238 
probestech@invitrogen.com

Invitrogen European Headquarters 
Invitrogen, Ltd. 
3 Fountain Drive 
Inchinnan Business Park 
Paisley PA4 9RF, UK 
Phone: +44 (0) 141 814 6100 
Fax: +44 (0) 141 814 6260 
Email: euroinfo@invitrogen.com 
Technical Services: eurotech@invitrogen.com

For country-specific contact information, 
visit www.invitrogen.com.

Further information on Molecular Probes products, including product bibliographies, is available from your local distributor or directly 
from Molecular Probes. Customers in Europe, Africa and the Middle East should contact our office in Paisley, United Kingdom. All others 
should contact our Technical Service Department in Eugene, Oregon.

Molecular Probes products are high-quality reagents and materials intended for research purposes only. These products must be used 
by, or directl y under the super vision of, a tech nically qualified individual experienced in handling potentially hazardous chemicals. Please 
read the Material Safety Data Sheet provided for each product; other regulatory considerations may apply.

Limited Use Label License No. 223: Labeling and Detection Technology 
The purchase of this product conveys to the buyer the non-transferable right to use the purchased amount of the product and compo-
nents of the product in research conducted by the buyer (whether the buyer is an academic or for-profit entity). The buyer cannot sell or 
otherwise transfer (a) this product (b) its components or (c) materials made using this product or its components to a third party or oth-
erwise use this product or its components or materials made using this product or its components for Commercial Purposes. The buyer 
may transfer information or materials made through the use of this product to a scientific collaborator, provided that such transfer is not 
for any Commercial Purpose, and that such collaborator agrees in writing (a) to not transfer such materials to any third party, and (b) to 
use such transferred materials and/or information solely for research and not for Commercial Purposes. Commercial Purposes means any 
activity by a party for consideration and may include, but is not limited to: (1) use of the product or its components in manufacturing; (2) 
use of the product or its components to provide a service, information, or data; (3) use of the product or its components for therapeutic, 
diagnostic or prophylactic purposes; or (4) resale of the product or its components, whether or not such product or its components are 
resold for use in research. Invitrogen Corporation will not assert a claim against the buyer of infringement of the above patents based 
upon the manufacture, use or sale of a therapeutic, clinical diagnostic, vaccine or prophylactic product developed in research by the 
buyer in which this product or its components was employed, provided that neither this product nor any of its components was used 
in the manufacture of such product. If the purchaser is not willing to accept the limitations of this limited use statement, Invitrogen is 
willing to accept return of the product with a full refund. For information on purchasing a license to this product for purposes other than 
research, contact Molecular Probes, Inc., Business Development, 29851 Willow Creek Road, Eugene, OR 97402, Tel: (541) 465-8300. Fax: 
(541) 335-0354.

Several Molecular Probes products and product applications are covered by U.S. and foreign patents and patents pending. All names con-
taining the designation ® are registered with the U.S. Patent and Trademark Office.

Copyright 2009, Molecular Probes, Inc. All rights reserved. This information is subject to change without notice.

Product List   Current prices may be obtained from our website or from our Customer Service Department.

Cat. no. Product Name Unit Size
E10215 EnzChek® Direct Phospholipase C Assay Kit *phosphatidylcholine specific* *2 Plates* . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .  1 kit  
E10216 EnzChek® Direct Phospholipase C Assay Kit *phosphatidylcholine specific* *10 Plates* . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .  1 kit


