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Features of pChlamy_4 Vector
3640 nucleotides

Hsp70A-Rbc S2 promoter: 1-461
5°-UTR: 462-496
ATG start codon: 497-499
Intron-1 Rbc S2: 505-649*
Zeocin resistance gene (She ble): 728-770
FMDV 2A peptide sequence: 1186-1257
MCS 1: 1258-1269
6x His tag: 1270-1288
V5 epitope: 1289-1329
TEV recognition site: 1330-1350
MCS 2: 1350-1379
V5 epitope: 1381-1422
6x His tag: 1432-1449
MCS 3: 1453-1458
3"-UTR: 1459-1692

Ampicillin resistance gene (bla): 1890-2750 (c]**
bla promoter (P, ): 2751-2802 (c)
pUC origin: 2848-3251

* spliced out from the mature RNA
** (c): complementary strand invitrogen
by,&:ﬁtechnologies‘



