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Comments for  pCX-TOPO®

5361 nucleotides

lac promoter: bases 49-78
-35 region: bases 49-54
-10 region: bases 73-78

lac operator: bases 85-105
Ribosome binding site: bases 112-115
M13 reverse priming site: bases 111-127
CX leader: bases 123-152
TOPO® Cloning site: bases 158-159
Truncated RsaA ORF (amino acids 690-1026 only): bases 174-1181
RsaA reverse priming site: bases 202-223
oriV: bases 1640-2085
Kanamycin promoter: bases 2940-3046
Chloramphenicol acetyltransferase (CAT) ORF: bases 3082-3741
pUC origin: bases 4472-5146
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