General Description

DNA Plasmid pENTR™]1A
Entire molecule length: 2717 bp

Restriction Map

¢ Invitrogenr

life technologies

Enzyme # of cuts Positions

Aatll 1167

Acc65l 1489

Accl 2| 477 575

Acil 18 | 43 191 200(c) 238(c)
251 549(c) 867
924(c) 928 1199
2120 2129(c) 2264
2374(c) 2495(c)
2514(c) 2641(c)
2669(c)

Acsl 4] 495918 1207 1391

Acyl 2 | 64 247

Aflll 1] 344

Aflll 112712

Alul 9 | 349 791 952 1054
1060 2155 2412
2458 2548

Alw44l 2 | 7252398

Alwl 9 | 61478(c) 491 705(c)
1456(c) 1851 2066(c)
2068 2154

AlwNI 1] 2303

Apal 2 | 357 2020

Apall 2 | 7252398

Apol 4 | 495918 1207 1391

Asel 111793

Asnl 111793

Asp700 1] 469

Asp718 11489

AspHI 2 | 729 2402

Aval 4 | 57 350 694 933

BamHI 1483

Banl 1489

Banll 3 | 357 1249 2020

Bbsl 11135

Bbvl 6 | 1041(c) 1069 2084(c)
2290(c) 2293(c) 2383

Bcgl 1 | 38(c)

Bfal 4 | 46 608 943 2219

Bfrl 1] 344

Bmyl 5| 357 729 1249 2020
2402

BpuAl 11135

BsaBl 11709

BsaHl| 2 | 64 247

Bsal 1| 834




BsaJl 5| 694 716 1465 1867
2552

BsaW| 4 | 486 1729 2359 2506

BsiEl 31928 1594 2378

BsiHKAI 2 | 729 2402

BsiYI 11 | 234 701 839 1508
1548 1840 1857
2234 2513 2679
2697

Bsll 11 | 234 701 839 1508
1548 1840 1857
2234 2513 2679
2697

BsmAl 4 | 753 834 1077 1610

BsmFI 2 | 75 1525(c)

Bsml 3 | 617 1478(c) 1555(c)

Bsp120I 2 | 353 2016

Bsp1286l 5 | 357 729 1249 2020
2402

BspHI 111118

BspWI 6 | 1063 1306 1338
1552 2094 2666

BsrBI 1| 200

BsrDlI 3 | 422 984(c) 1092(c)

BsrFI 2 | 8251548

BsrGl 3 | 441 669 959

Bsrl 8 | 137 485 722(c)
818(c) 1385 2185
2297(c) 2310(c)

BssHII 11535

Bst1107I 1| 576

BstNI 97 265 718 1484
1841 2553 2566
2687

BstUI 8 | 537 869 924 1201
1251 1596 2088
2669

BstXI 11813

BstYI 5 | 53483 1843 2060
2071

Cfol 12 | 537 539 797 1309
1531 1548 1618
2088 2197 2371
2471 2538

Cfr10l 2 | 8251548

Cspél 5 | 442 490 670 960
1428

Ddel 8 | 75120 176 276 859
1611 2029 2438

Dpnl 11 | 55485 712 857 1463
1593 1845 2054
2062 2073 2148

Dpnll 11 | 53483 710 855 1461

1591 1843 2052




2060 2071 2146

Dral 1| 460

Drall 2 | 354 2017

Drdl 11]2610

DsaV 16 | 95 193 226 263 693
694 716 764 1465
1482 1839 2040
2333 2551 2564
2685

Eael 3| 719 815 925

Eagl 11925

Earl 2 | 330 1407

EclXI 11925

Eco57I1 1| 2170(c)

EcoNI 11 1506

Eco0109I 2 | 354 2017

EcoRl 2 | 495918

EcoRlI 8 | 95263 716 1482
1839 2551 2564
2685

EcoRV 1] 940

Esp3l 111610

Fnu4HI 11 | 925 928 1055 1058
1199 2098 2304
2307 2372 2515
2670

FnuDlI 8 | 537 869 924 1201
1251 1596 2088
2669

Fokl 7 | 275(c) 311 679 796
1034(c) 1232 1838(c)

Haell 1 (2472

Haelll 16 | 137 226 287 303 355
721 817 927 1066
1198 1681 2018
2238 2672 2690
2701

Hgal 3 | 255 2022(c) 2600(c)

HgiAl 2 | 729 2402

Hhal 12 | 537 539 797 1309
1531 1548 1618
2088 2197 2371
2471 2538

HinP1I 12 | 535 537 795 1307
1529 1546 1616
2086 2195 2369
2469 2536

Hincll 11478

Hindll 11478

Hinfl 7 | 211505 1561 1733
1818 1824 2342

Hpall 14 | 194 228 487 695 766

826 1467 1549 1730
2042 2144 2334




2360 2507

Hphl 6 | 175 1444(c) 1523
1719(c) 1763 1883

Ital 11 | 925 928 1055 1058
1199 2098 2304
2307 2372 2515
2670

Kpnl 11493

Ksp632I 2 | 330 1407

Mael 4 | 46 608 943 2219

Maell 4164210729 1190

Maelll 11 | 339 385 1014 1088
1354 1446 1741
1998 2176 2292
2355

Maml 11709

Mbol 11 | 53483 710 855 1461
1591 1843 2052
2060 2071 2146

Mboll 7 | 140 317(c) 856
1394(c) 1505 2055(c)
2207(c)

Mecrl 3| 928 1594 2378

MIuNI 2| 721817

Mnll 9 | 224(c) 590(c) 1188(c)
1410 1777(c) 1877
2285 2535(c) 2609

Mscl 2| 721817

Msel 8 | 345 459 620 893
1205 1584 1793
1989

Msli 1] 811

MspA1l 3 | 1054 2129 2374

Mspl 14 | 194 228 487 695 766
826 1467 1549 1730
2042 2144 2334
2360 2507

Mval 8| 97 265718 1484
1841 2553 2566
2687

Mvnl 8 | 537 869 924 1201
1251 1596 2088
2669

Mwol 6 | 1063 1306 1338
1552 2094 2666

Ncil 8 | 195 228 695 696 766
1467 2042 2335

Ndell 11 | 53483 710 855 1461
1591 1843 2052
2060 2071 2146

Nhel 1145

Nlalll 8 | 53801 1122 1219

1331 1446 1751
2716




NlalV 9 | 355 356 466 485 491
2018 2019 2645
2684

Notl 11925

Nrul 111251

Nsil 2| 1444 1710

Nspl 1] 2716

PaeR7I 11933

PfIMI 1] 1857

Plel 2 | 1826 2336(c)

Ppu10l 2| 1440 1706

Psp1406| 11210

Pstl 1] 1059

Pvul 1| 1594

Pvull 1] 1054

Rcal 111118

Rsal 5| 443 491 671 961
1429

Sall 1] 476

Sau3Al 11| 53483 710 855 1461
1591 1843 2052
2060 2071 2146

Sau9eél 7 | 135225 353 354
1065 2016 2017

ScrFl 16 | 97 195 228 265 695
696 718 766 1467
1484 1841 2042
2335 2553 2566
2687

SfaNI 9| 109 277 1210(c)
1294(c) 1429(c)
1516(c) 1636(c)
1947(c) 2615(c)

Sfcl 3 | 1055 2256 2447

Smal 1| 696

Snol 2 | 7252398

SspBI 3 | 441 669 959

Sspl 111519

Taq| 6 | 477 934 1193 1559
1962 2614

THil 51211505 1561 1733
1824

Thal 8 | 537 869 924 1201
1251 1596 2088
2669

Tru9l 8 | 345 459 620 893
1205 1584 1793
1989

Tsp509I 12 | 405 469 495 918 995
1207 1391 1573
1790 1940 1982
1990

Van91l 1| 1857

Xbal 2 | 607 942




Xhol 11933

Xholl 5| 53483 1843 2060
2071

Xmal 11694

Xmalll 11925

Xmnl 11469

No cuts: Aatl, Acclll, Agel, Aosl, Ascl, AspEI, Aspl, Asull, Avall, Avill, Avrll, BbrPI, Bcll, Bgll, BgllIl, BinlI,
Bpml, Bpul102I, BsaAl, BseAl, Bsgl, BsiWI, BspDI, BspEI, BspMI, BstBI, BstEII, Bsu36l, Celll, Clal, Csp45I,
Dralll, Dsal, Eam1105I, Ecl136I1, Eco47111, Espl, Fspl, HindIII, Hpal, KasI, Kspl, Mfel, Mlul, Mrol, Munl, Nael,
Narl, Ncol, Ndel, NgoMI, NspV, Pacl, PinAl, PmaClI, Pmel, Pmll, PpuMI, RsrIl, Sacl, Sacll, Sapl, Scal, SexAl,
Sfil, Sful, SgrAl, SnaBI, Spel, Sphl, Stul, Styl, Swal, Tth111I, Xcml



