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Comments for pHybcI/HK
6215 nucleotides

ADH1 promoter (2 copies): bases 4-950
cI repressor: bases 966-1676
cI Forward priming site: bases 1556-1573
Multiple cloning site: bases 1683-1735
ADH1 transcription termination signal: bases 1795-1952
pHybLex/Zeo Reverse priming site: bases 1812-1836
2µ origin: bases 2082-2959
Kanamycin promoter: bases 3502-3531
Kanamycin resistance gene: bases 3531-4325
HIS3 promoter: bases 5201-5397 (complementary strand)
HIS3 gene: bases 4538-5200 (complementary strand)
pUC origin: bases 5487-6160 (complementary strand)
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