é invitrogen

General Description
DNA pRSET BFP
Entire molecule length: 3600 bp

Restriction/Methylation Map

Enzyme # of cuts Positions

Acclll 111071

Acil 41 | 192(c) 428 469 536
575 713 826 886 889
991 1099 1161(c)
1175(c) 1178(c) 1206
1233 1631(c) 1678
1777(c) 1886(c)
1963(c) 2007 2128(c)
2174 2365(c) 2456(c)
2818 2827(c) 2962
3072(c) 3193(c)
3212(c) 3339(c)
3367(c) 3458 3479
3486 3529(c) 3553
3563

Acsl 3 [ 198 1562 1573

Acyl 2 (4121982

JaNillll 113410

Alul 20 | 230 263 335 368 584
632 743 917 938 972
1292 1549 2169
2232 2332 2853
3110 3156 3246
3472

Alw44| 2 | 1850 3096

Alwl 18 | 166 187(c) 190 200
704(c) 903 936(c)
1082 1883 1887(c)
2204 2667(c) 2668
2764(c) 2766 2852
3591(c) 3598

AlwNI 1] 3001

Aosl 2 | 1127 2299

Apall 2 | 1850 3096

Apol 31198 1562 1573

Asel 3192347 3582

Asnl 3192347 3582

Asp700 111922

AspEl 1] 2522

AspHI 4 | 819 1854 1939 3100

Aval 11930

Avall 3 | 866 2158 2380

Avill 2 [ 1127 2299

BamHI 11192



Banl 3 | 245 1338 2569

Banll 111308

Bbvl 19 | 355(c) 461 745 752
778(c) 781(c) 935(c)
968(c) 971(c) 1140
1209 2088(c) 2479
2782(c) 2988(c)
2991(c) 3081 3500
3518

Bcgl 3 [ 135(c) 334 1984(c)

Bfal 7 | 49127 1005 1226
2329 2664 2917

Bgll 2 | 1137 2404

Bmyl 8 | 250 379 628 819
1308 1854 1939
3100

Bpml 3 | 654 894 2453

Bpu1102I 11994

BsaAl 111379

BsaBl 3| 181 191 3595

BsaHI 2 (4121982

Bsal 2 | 23(c) 2456

BsaJl 9 | 208 238 378 407 541
565 620 1016 3250

BsaWi 4 | 1071 2226 3057
3204

BseAl 111071

Bsgl 2 | 338(c) 759

BsiEl 51 1108 2004 2153
3076 3500

BsiHKAI 4 | 819 1854 1939 3100

BsiYI 11 | 379 542 892 1030
1160 1486 2932
3211 3377 3395
3569

Bsill 11 | 379 542 892 1030
1160 1486 2932
3211 3377 3395
3569

BsmAl 3 [ 23(c) 1680(c) 2456

BsmFI 111160

Bsp1286l 8 | 250 379 628 819
1308 1854 1939
3100

BspDI 11185

BspEl 111071

BspHI 2 | 1682 2690

BspWI 20 | 301 361 374 418 427
957 978 990 1107
1137 1170 1172
1214 1241 1271
2404 2792 3364
3478 3545

BsrBI 3 | 1235(c) 1680(c)




3481(c)

BsrDI

2288 2462(c)

BsrFl

360 1274 2437

BsrGl

919

Bsrl

N[=|WIN

140 416(c) 821(c)
1468 1877 2047(c)
2316 2359 2477
2883 2995(c) 3008(c)

BstNI

255 380 492 567 621
3251 3264 3385

BstUI

14

3538 856 1151 1175
1195 1571 1631
1963 2456 2786
3367 3565 3567

BstYI

11

158 192 709 1074
1875 1892 2660
2672 2758 2769
3590

Celll

994

Cfol

499 540 856 1128
1153 1166 1175
1197 1223 1231
1631 1963 2300
2393 2786 2895
3069 3169 3236
3506 3539 3567

Cfr10I

360 1274 2437

Clal

185

Cspb6l

164 638 920 2040

Ddel

I EN NI

402 813 831 973 994
2021 2561 2727
3136

Dpnl

24

160 184 194 711 859
897 943 1076 1107
1841 1877 1894
2152 2198 2216
2557 2662 2674
2752 2760 2771
2846 3592 3598

Dpnll

24

158 182 192 709 857
895 941 1074 1105
1839 1875 1892
2150 2196 2214
2555 2660 2672
2750 2758 2769
2844 3590 3596

Dral

1944 2636 2655

Drall

1021

Dralll

1382

Drdl

1426 3308

Dsal

208 407

DsaV

WININ|= | |W

237 253 378 490 565
619 891 1984 2335
3031 3249 3262




3383

Eael

281670 2129 3571

Eam1105I

2522

Earl

w|=]|n

1086(c) 1723(c)
3527(c)

Eco571

363 407(c) 606 1856
2868(c)

Eco0O109I

1021

EcoRI

198

EcoRlI

253 378 490 565 619
3249 3262 3383

Espl

994

Fnu4HI

369 428 450 734 741
792 795 889 949 982
985 1129 1162 1176
1198 1778 2007
2102 2129 2468
2796 3002 3005
3070 3213 3368
3486 3489 3507

FnuDlI

14

3538 856 1151 1175
1195 1571 1631
1963 2456 2786
3367 3565 3567

Fokl

237(c) 603(c) 2083
2370 2551

Fspl

1127 2299

Haell

1224 1232 3170
3540

Haelll

283 383 672784
1023 1097 1387
1529 2131 2398
2478 2936 3370
3388 3399 3573

Hgal

401(c) 1157 1990
2720(c) 3298(c)

HgiAl

819 1854 1939 3100

Hhal

499 540 856 1128
1153 1166 1175
1197 1223 1231
1631 1963 2300
2393 2786 2895
3069 3169 3236
3506 3539 3567

HinP1l

22

497 538 854 1126
1151 1164 1173
1195 1221 1229
1629 1961 2298
2391 2784 2893
3067 3167 3234
3504 3537 3565

Hindlll

936

Hinfl

(oo} IBRN

16 1427 1449 2523
3040 3436 3511




3576

Hpall

16

238 301 361 892 945
1072 1275 1985
2227 2337 2404
2438 2842 3032
3058 3205

Hphl

10

224 227(c) 557 581
1379 1795(c) 1830
2036(c) 2452 2679

Ital

29

369 428 450 734 741
792 795 889 949 982
985 1129 1162 1176
1198 1778 2007
2102 2129 2468
2796 3002 3005
3070 3213 3368
3486 3489 3507

Ksp6321

1086(c) 1723(c)
3527(c)

Mael

49 127 1005 1226
2329 2664 2917

Maell

10

274 487 658 1268
1378 1421 1433
1920 2293 2709

Maelll

13

392 881 925 1189
1201 1861 2049
2202 2260 2591
2874 2990 3053

Maml

181 191 3595

Mbol

158 182 192 709 857
895 941 1074 1105
1839 1875 1892
2150 2196 2214
2555 2660 2672
2750 2758 2769
2844 3590 3596

Mboll

13

452(c) 497(c) 500(c)
695 1103 1240(c)
1740 1849 1927
2682 2753(c) 2905(c)
3544

Mcrl

1108 2004 2153
3076 3500

Mnil

23

56 218(c) 299(c)
305(c) 399 536(c)
548(c) 599(c) 719(c)
1033(c) 1034 1053(c)
1087(c) 1352 2149(c)
2355(c) 2502 2583
2983 3233(c) 3307
3516(c) 3566

Mrol

1071

Msel

965711169 1440
1538 1555 1566
1578 1589 1943




2308 2347 2582
2635 2649 2654
2706 3582

Msll

115 210 240 390 567
1751 2110 2269

MspA1l

993 1886 2827 3072

Mspl

238 301 361 892 945
1072 1275 1985
2227 2337 2404
2438 2842 3032
3058 3205

Mval

255 380 492 567 621
3251 3264 3385

Mvnl

14

3538 856 1151 1175
1195 1571 1631
1963 2456 2786
3367 3565 3567

Mwol

20

301 361 374 418 427
957 978 990 1107
1137 1170 1172
1214 1241 1271
2404 2792 3364
3478 3545

Nael

1276

Ncil

[ 1Y

239 893 1986 2337
3033

Ncol

208

Ndel

88

Ndell

158 182 192 709 857
895 941 1074 1105
1839 1875 1892
2150 2196 2214
2555 2660 2672
2750 2758 2769
2844 3590 3596

NgoMI

1274

Nhel

126

Nlalll

120 134 212 446 476
671 866 911 1686
2079 2115 2193
2203 2694 3414

NlalV

14

194 247 785 1022
1307 1319 1340
1635 2225 2436
2477 2571 3343
3382

Nspl

3414

PaeR7I

930

Plel

»

10(c) 1435 1443(c)
2531 3034(c) 3519

Psp1406l

1920 2293

Pvul

1108 2153

Rcal

1682 2690

Rsal

BINININ

165 639 921 2041




Sapl 1| 3527(c)
Sau3Al 24 | 158 182 192 709 857
895 941 1074 1105
1839 1875 1892
2150 2196 2214
2555 2660 2672
2750 2758 2769
2844 3590 3596
Sau96l 10 | 382 783 866 1021
1096 1385 2158
2380 2397 2476
Scal 112041
ScrFl 13 | 239 255 380 492 567
621 893 1986 2337
3033 3251 3264
3385
SfaNI 8 | 308(c) 586 601 700
1821(c) 2070 2261(c)
3313(c)
Sfcl 5122 1156 2276 2954
3145
Snol 2 | 1850 3096
SspBI 11919
Sspl 2 | 1587 1717
2
1

Styl 208 1016

Taql 11 | 185 259 553 580 595
724 931 1344 1868
3312 3595

THil 2 | 3436 3576

Thal 14 | 3 538 856 1151 1175
1195 1571 1631
1963 2456 2786
3367 3565 3567
Trugl 19 [ 96571 1169 1440
1538 1555 1566
1578 1589 1943
2308 2347 2582
2635 2649 2654
2706 3582

Tsp509l 9| 656 198 1562 1573
1599 2089 2344
2650

Xbal 1148

Xhol 11930

Xholl 11 | 158 192 709 1074
1875 1892 2660
2672 2758 2769
3590

Xmnl 111922

No cuts: Aatl, Aatll, Acc651, Accl, Aflll, Agel, Apal, Ascl, Asp718, Aspl, Asull, Avrll, BbrPI, Bbsl, Bcll,
BftI, Bglll, Blnl, BpuAl, BsiWI, Bsml, Bsp120I, BspMI, BssHII, Bst1 1071, BstBI, BstEII, BstXI, Bsu36I, Csp45I,
Eagl, Ecl136ll, EcIXI, Eco47III, EcoNI, EcoRV, Esp31, Hincll, HindII, Hpal, KasI, Kpnl, Kspl, Mfel, Mlul,
MIuNI, Mscl, Munl, Narl, Notl, Nrul, Nsil, NspV, Pacl, PfIMI, PinAI, PmaCI, Pmel, Pmll, PpulOI, PpuMI, Pstl,



Pvull, Rsrll, Sacl, Sacll, Sall, SexAl, Sfil, Sful, SgrAl, Smal, SnaBI, Spel, Sphl, Stul, Swal, Tth1111, Van91I,
Xeml, Xmal, Xmalll



