
Superlinker
Enzyme Position

Nco I
BstE II
BstP I
Tth111 I
PflM I
Bsm I
BstB I
EcoR I
Bsg I
BspM I
Sal I
Aat II
Bsu36 I
Xma I
Sma I
EcoO109 I
Apa I
BamH I
Mun I
Bcl I
Bgl II
BssH II
BsaB I
EcoR V
Eco47 III
Nhe I
Sph I
Xba I
Acc65 I
Age I
Kpn I
Hpa I
SnaB I
Bst1107 I
BspE I
Stu I
Avr II
Nde I
Nsi I
Eag I
Not I
Xma III
Pst I
Kas I
Nar I
Mlu I
BsiW I
Nru I
Sac II
Xho I
Sac I
Spe I
Msc I
Pml I
Sfi I
Afl II
Hind III

2225
2233
2233
2239
2244
2254
2256
2258
2268
2276
2282
2283
2288
2303
2305
2307
2310
2319
2324
2333
2346
2352
2362
2364
2370
2388
2388
2400
2406
2409
2410
2418
2434
2437
2441
2457
2458
2468
2468
2474
2474
2474
2485
2489
2490
2501
2504
2512
2519
2534
2535
2544
2551
2555
2557
2569
2572

Comments for pSL301
3264 nucleotides

Ampicillin resistance gene: bases 131-992
LacZ gene: bases 1932-2888
F1 origin: bases 2889-3264
Reverse Primer: bases 2137-2153
T3 promoter: bases 2173-2193
Superlinker multiple cloning site: bases 2224-2576
T7 promoter: bases 2625-2644
Forward Primer: bases 2671-2687

pSL301
3.2 kb
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