
 
 
pSPORT 1 Restriction Map  

File ENZREF, From 1 to 4110, Minimum cuts 0, Maximum cuts 10 
AatII 192 
AccI 254 
AflII  
AflIII 204 1842 
AlwI 220 221 2409 2483 2495 2580 2593 3057 3360 3378 
Alw21I 248 1212 2156 3317 3402 
Alw44I 1212 2156 3402 
AlwNI 2253 
ApaI 985 
ApoI 163 264 917 3680 3691 
AscI  
AvaI 259 
AvaII 271 641 2873 3095 
AvrII  
BamHI 220 
BanI 276 423 553 1272 2683 3915 
BanII 248 985 3949 
BbsI 714 1053 
BcgI 883 3251 
BclI 1178 
BglI 7 2849 
BglII  
Bpu1102I 
BsaI 2802 
BsaAI 209 3876 
BsaHI 192 553 1236 3271 
BsaJI 116 259 418 557 2002 
BseRI  
BsgI 1126 1326 
BslI 521 765 1611 1684 1858 1876 2042 2321 3768 4094 
BsmI  
BsmAI 583 970 1096 1501 2802 3567 
BsmFI 4108 
Bsp1407I 
BspLU11I 1842 
BspMI 279 
BsrBI 230 369 1773 3574 4020 
BsrDI 786 1144 2789 2971 
BssHII 781 1649 
BssSI 2015 3399 
Bst1107I 
BstEII 1010 
BstXI 1139 1262 1391 
BstYI 220 2483 2494 2580 2592 3360 3377 
Cfr10I 273 1506 2815 3979 
ClaI  
CvnI  
DdeI 621 2117 2526 2692 3232 
DraI 2599 2618 3310 



DraIII 3873 
DrdI 1944 3827 
DsaI  
EaeI 150 233 518 1681 3123 
Eam1105I 2730 
EarI 52 182 1569 1720 3524 
Eco47III 
Eco57I 2369 3417 
Eco72I  
EcoNI  
EcoO109I 
EcoRI 264 
EcoRII 116 418 557 614 1154 1469 1869 1990 2003 
EcoRV 744 
Esp3I 583 
FokI 83 1151 1160 2715 2896 3183 
FseI  
FspI 18 2955 
GsuI 886 1339 2820 
HaeII 553 796 1577 1716 2086 4025 4033 
HgaI 956 962 1236 1944 2522 3272 4106 
HincII 254 688 1623 
HindIII 214 
HpaI 688 
KpnI 276 
Kpn2I 268 
MaeI 227 243 2337 2590 2925 4029 
MamI  
McrI 38 233 1755 2179 3102 3251 
MluI 204 
MscI  
MunI  
NarI 553 
NciI 259 260 765 1574 2221 2917 3268 
NcoI  
NdeI  
NgoAIV 3979 
NheI  
NotI 232 
NruI  
NsiI  
NspI 198 1842 
NspV  
NspBII 795 996 1413 1782 2182 2427 3022 3368 3706 
PacI  
PflMI 1611 
PinAI 273 
PleI 309 769 1565 1742 2213 2730 3805 3827 
PmeI  
PshAI  
Psp5II  
Psp1406I 1531 2960 3333 3662 
PstI 281 
PvuI 38 3102 
PvuII 68 501 594 
RcaI 2562 3570 
RsaI 208 277 289 1048 3214 



RsrII 270 
SalI 254 
SapI 182 1719 
ScaI 3213 
SduI 248 985 1212 2156 3317 3402 3949 
SexAI  
SfaNI 821 837 1028 1150 1930 2982 3192 3422 
SfcI 177 281 302 2107 2298 2976 4097 
SfiI  
SgfI  
SgrAI  
SmaI 259 
SnaBI 209 
SpeI 242 
SphI 198 
SrfI  
SseI 280 
Sse8387I 280 
SspI 3537 3668 
SstI 248 
SstII  
StuI  
StyI  
SunI 207 
SwaI  
TaqI 255 1234 1256 1615 1942 3386 3911 
TfiI 514 1677 1817 
Tsp45I 130 171 1011 2992 3203 4052 
Tth111I  
VspI 449 508 1671 2906 
XbaI 226 
XcmI 800 818 1334 
XhoI  
XmaIII 233 
XmnI 3330 

 


